



































meusburger

Winkelstlick 90° mit AuBRengewinde

E 28652
Elbow 90° with external thread
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Dichtungen: FKM t max = 150°C
Sealings: FKM p max = 16 bar
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meusburger

Verlangerung

E 28657
Extension
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Dichtungen: FKM t max = 150°C
Sealings: FKM p max = 16 bar
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meushurger

Platte fur Multikupplung, maschinenseitig

E 28700
Plate for multi coupler, machine side
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p max. = 16 bar
b | h 11 12 DN n Nr./ No.
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meusburger
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{ Handle for multi coupler
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